
Bushings
www.vishay.com Vishay ESTA

  

 

Revision: 16-Mar-18 1 Document Number: 13108
For technical questions, contact: esta@vishay.com

THIS DOCUMENT IS SUBJECT TO CHANGE WITHOUT NOTICE. THE PRODUCTS DESCRIBED HEREIN AND THIS DOCUMENT
ARE SUBJECT TO SPECIFIC DISCLAIMERS, SET FORTH AT www.vishay.com/doc?91000

High Voltage Power Capacitors

BUSHINGS 
Porcelain bushings for indoor and outdoor

DRAWINGS OF BUSHINGS

TYPE
IMPULSE 

WITHSTAND BIL 
(kV)

MIN.
CREEPAGE 

(mm)
INSTALLATION HEIGHT

(mm) THREAD
MAX. 

TORQUE 
N/m

D-199 75 189 Indoor 159 M12 20

D-401 95 317 In / outdoor 240 M16 40

D-404 125 472 In / outdoor 270 M16 40

D-406 150 658 In / outdoor 290 M16 40

D-341 170 810 In / outdoor 415 M16 40
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