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Specifications

Circuit 
Configuration

Polarity

BZD27B Series RoHS-compliant

175 2 3.6 to 200 5 to 100 7.35 to 196 6.2 to 160 150 Pulse current Single
Uni-

directional
BZD27B-M Series Halogen-free

BZD27C Series RoHS-compliant

175 5 3.6 to 200 5 to 100 7 to 188 6.2 to 160 150 Pulse current Single
Uni-

directional
BZD27C-M Series Halogen-free

APPLICATIONS

3.7 mm x 1.8 mm x 1.0 mm 
(L x W x H)

BZD Series

SMF (DO-219AB) Package

Full voltage range: 3.6 V to 200 V
2 % Zener voltage tolerance

Zener and surge current specification

ESD capability to AEC-Q101
• Human body model > 8 kV

• Machine model > 800 V

Operating temperature range: 
-65 ºC to +175 ºC

Low leakage current

AUTOMOTIVE

INDUSTRIAL

BZD SERIES ZENER DIODES
IN SMF (DO-219AB) PACKAGE WITH SURGE CURRENT SPECIFICATION

V

 
LEAKAGE

 

AEC-Q101  
Qualified

ELECTRICAL 
LIGHTING

SMPS

• VOLTAGE STABILIZATION / VOLTAGE REGULATION

• OVERVOLTAGE SURGE PROTECTION
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