
Zener, Schottky, Switching

Schottky Diodes - Focus Products

Product Package
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BAS386 MicroMELF 1.9 x Ø1.25 50 0.45 at 10 300 125 x x n/a x x x x x

MCL103 - Series MicroMELF 1.9 x Ø1.25 20 to 40 0.6 at 200 400 125 x x n/a x x x x x

LL103 - Series MiniMELF SOD-80 3.5 x Ø1.5 20 to 40 0.6 at 200 400 125 x x n/a x x x x

BAS85 MiniMELF SOD-80 3.5 x Ø1.5 30 0.40 at 10 230 125 x n/a x x x x

LL101 - Series MiniMELF SOD-80 3.5 x Ø1.5 40 0.39 at 1.0 400 125 x x n/a x x x x

LL46 MiniMELF SOD-80 3.5 x Ø1.5 100 0.45 at 10 330 125 x x n/a x x x x

BAS285 QuadroMELF SOD-80 3.5 x 1.5 x 1.5 30 0.40 at 10 300 125 x x n/a x x x x
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BAT41 DO-35 3.9 x Ø1.7 100 1.0 at 200 330 125 x x n/a x x x x x

BAT46 DO-35 3.9 x Ø1.7 100 0.45 at 10 330 125 x x n/a x x x x x

BAT83 - Series DO-35 3.9 x Ø1.7 40 to  60 0.41 at 1.0 300 125 x n/a x x x x x
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BAT54-02V-V-G SOD-523 2.85 x 1.5 x 1.15 30 0.5 at 30 150 125 x x 1 x x x x

SD103AWS-G - Series SOD-323 2.85 x 1.5 x 1.15 20 to 40 0.6 at 200 200 125 x x 1 x x x x x

BAT54WS SOD-323 2.85 x 1.5 x 1.15 30 0.5 at 30 150 125 x x 1 x x x x

BAT46W SOD-123 3.85 x 1.7 x 1.35 100 0.45 at 10 330 125 x x 1 x x x x

BAS40-G - Series SOT-23 3.1 x 2.6 x 1.15 40 0.38 at 1.0 200 125 x x 1 x x x x x

BAT54-G SOT-23 3.1 x 2.6 x 1.15 30 0.5 at 30 230 125 x x 1 x x x x x

Switching Diodes - Focus Products

Product Package
Dimensions
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MCL4148/MCL4448 MicroMELF 1.9 x Ø1.25 75 4 500 175 x x n/a x x x x x

BAV300 - Series MicroMELF 1.9 x Ø1.25 50 to 200 50 500 175 x x n/a x x x x x

LL4148 MiniMELF SOD-80 3.5 x Ø1.5 75 4 500 175 x x n/a x x x x

LL4150 MiniMELF SOD-80 3.5 x Ø1.5 75 4 500 175 x x n/a x x x x

BAV100 - Series MiniMELF SOD-80 3.5 x Ø1.5 50 to 200 50 500 175 x x n/a x x x x

LS4148 QuadroMELF SOD-80 3.5 x 1.5 x 1.5 75 4 500 175 x x n/a x x x x

BAV200 - Series QuadroMELF SOD-80 3.5 x 1.5 x 1.5 50 to 200 50 500 175 x x n/a x x x x
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1N4150 DO-35 3.9 x Ø1.7 75 4 500 175 x x n/a x x x x x

BAS34 - Series DO-35 3.9 x Ø1.7 30 to 60 n/a 500 175 x x n/a x x x

BAV21 - Series DO-35 3.9 x Ø1.7 20 to 200 50 500 175 x x n/a x x x x x

BAW76 DO-35 3.9 x Ø1.7 75 4 500 175 x x n/a x x x
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1N4148WS SOD-323 2.85 x 1.5 x 1.15 75 4 200 150 x x 1 x x x x

BAV21WS SOD-323 2.85 x 1.5 x 1.15 200 50 200 150 x x 1 x x x x

1N4148W-G SOD-123 3.85 x 1.7 x 1.35 75 4 350 150 x x 1 x x x x x x

BAV21W-G SOD-123 3.85 x 1.7 x 1.35 100 to 200 50 410 150 x x 1 x x x x x x

BAV23C-G SOT-23 3.1 x 2.6 x 1.15 200 50 350 150 x x 1 x x x x x x

BAV99 SOT-23 3.1 x 2.6 x 1.15 70 6 300 150 x x 1 x x x x
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Zener, Schottky, Switching

Zener Diodes - Focus Products

Product Package
Dimensions

l x b x h (mm)
or l x Ø (mm)

Zener
Voltage
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BZM55 - Series MicroMELF 1.9 x Ø1.25 2.4 to 75
± 2 % and 

± 5 %
500 175 x x n/a x x x x x

TLZ - Series MiniMELF SOD-80 3.5 x Ø1.5 2.4 to 56 special 500 175 x x n/a x x x x x

TZM - Series MiniMELF SOD-80 3.5 x Ø1.5 2.4 to 75
± 2 % and 

± 5 %
500 175 x x n/a x x x x

VLZ - Series QuadroMELF SOD-80 3.5 x 1.5 x 1.5 2.4 to 56 special 500 175 x x n/a x x x x

BZT55 - Series QuadroMELF SOD-80 3.5 x 1.5 x 1.5 2.4 to 75
± 2 % and 

± 5 %
500 175 x x n/a x x x x
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BZX55 - Series DO-35 3.9 x Ø1.7 2.4 to 75
± 2 % and 

± 5 %
500 175 x x n/a x x x x x

TZX - Series DO-35 3.9 x Ø1.7 2.4 to 36 special 500 175 x x n/a x x x x x

BZX85 - Series DO-41 4.1 x Ø2.6 2.7 to 100
± 2 % and 

± 5 %
1300 175 x x n/a x x x x x

1N47xx - Series DO-41 4.1 x Ø2.6 3.3 to 100 ± 5 % 1300 175 x x n/a x x x x x
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BZX584-V-G - Series SOD-523 1.7 x 0.9 x 0.7 2.4 to 51 ± 5 % 200 150 x x 1 x x x x

PLZ - Series
MicroSMF 

(DO-219AC)
1.9 x 1.3 x 0.6 2 to 39 ± 2.5 % 500 150 x x 1 x x x x x x

BZX384-G - Series SOD-323 2.85 x 1.5 x 1.15 2.4 to 75
± 2 % and 

± 5 %
200 150 x x 1 x x x x x

BZT52-G - Series SOD-123 3.85 x 1.7 x 1.35 2.4 to 75
± 2 % and 

± 5 %
410 150 x x 1 x x x x x

MMSZ52 - Series SOD-123 3.85 x 1.7 x 1.35 3 to 75
± 2 % and 

± 5 %
410 150 x x 1 x x x x

AZ23-G - Series SOD-23 3.1 x 2.6 x 1.15 2.7 to 51
± 2 % and 

± 5 %
300 150 x x 1 x x x x x

MMBZ52-G - Series SOD-23 3.1 x 2.6 x 1.15 3 to 75
± 2 % and 

± 5 %
300 150 x x 1 x x x x x

BZX84 - Series SOD-23 3.1 x 2.6 x 1.15 2.4 to 75 ± 5 % 300 150 x x 1 x x x x

BZD27C-M - Series SMF (DO-219AB) 3.9 x 1.9 x 0.98 3.6 to 200 ± 5 % 800 150 x x 1 x x x x x

BZD27B-M - Series SMF (DO-219AB) 3.9 x 1.9 x 0.98 3.6 to 200 ± 2 % 800 150 x x 1 x x x x x

BZG05C - Series DO-214AC 5.5 x 2.8 x 2.3 3.3 to 100 ± 5 % 1250 150 x x 1 x x x x

BZG05B - Series DO-214AC 5.5 x 2.8 x 2.3 3.3 to 100 ± 2 % 1250 150 x x 1 x x x x

BZG03C - Series DO-214AC 5.5 x 2.8 x 2.3 10 to 270 ± 5 % 3000 150 x x 1 x x x x

BZG03B - Series DO-214AC 5.5 x 2.8 x 2.3 10 to 270 ± 2 % 3000 150 x x 1 x x x x
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