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Vishay Sfernice

Single-Turn CermeT TrimmerS (63, T7, T73, T12, P8B, T11)
•	 Various electrical travel
•	 Top and side adjust versions
•	 10 Ω to 10 MΩ resistance range
•	 Various pin styles
•	 Tube, tape and reel options

mulTi-Turn CermeT TrimmerS (43, T18, 64, T93, T63, T9, T6)
•	 Various electrical travel
•	 Top and side adjust versions
•	 10 Ω to 2.2 MΩ resistance range
•	 Tube packaging

SmD CermeT TrimmerS (TS5, TS53, TS6, TS63, TSm4, TS3)
•	 Military and professional grade
•	 Multi-turn and single-turn options
•	 Fully-sealed trimmers
•	 Tape and reel, tube packaging

reSourCeS
•	 For technical questions contact sfer@vishay.com
•	 Sales Contacts: http://www.vishay.com/doc?99914

ThiS doCuMenT iS SubjeCT To Change wiThouT noTiCe. The PRoduCTS deSCRibed heRein and ThiS doCuMenT aRe SubjeCT To 
SPeCiFiC diSCLaiMeRS, SeT FoRTh aT www.vishay.com/doc?91000
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VMn-Sg2088-12041/4SeLeCToR guide

Discrete Semiconductors and Passive Components
One of the World’s Largest Manufacturers of

Single-Turn, multi-Turn and  
SmD Cermet Trimmers

http://www.vishay.com/doc?91000
http://www.vishay.com/landingpage/50year/
http://www.vishay.com
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Vishay Sfernice

Single-Turn Cermet Trimmers 

model

63 T7 T73 T12 P8P T11

Package Size
10 mm

(3/8") square
7 mm

(1/4") diameter
6.35 mm

(1/4") square
12 mm

(1/2") square
8.5 mm

(1/3") diameter
12.55 mm

resistance 
range (ohms) 10 to 2 MΩ 10 to 2.2 MΩ 10 to 2 MΩ 22 to 10 MΩ 10 to 2.2 MΩ 22 R to 4.7 MR

Standard 
resistance 
Tolerance

± 10 % ± 20 % ± 10 % ± 20 % ± 10 % ± 20 %

TC (ppm/ºC)
> 100 Ω ± 100 ± 100 ± 100 ± 100 ± 100 ± 100

Power rating
0.5 w at 
 70 ºC

0.5 w at 
 85 ºC

0.5 w at 
 70  ºC

1 w at 
 70 ºC

0.5 w at 
 70 ºC

0.5 w at  
70 ºC

electrical 
Travel 270º 270º 240º 270º 250º 270º ±10

Contact 
resistance 

Variation (CrV)
1 % or 1 Ω 3 % or 3 Ω 1 % or 3 Ω 3 % or 3 Ω 2 % or 1 Ω

2 % Rn or 3 Ω 
(linear law)

mechanical 
life 200 cycles 200 cycles 200 cycles 200 cycles 200 cycles 2000 cycles

operating  
Temperature

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

Features and 
Packaging

Top adjust,  
side adjust,  
knob adjust, 

extended rotor,  
box

Top adjust,  
box,

or tube

Top adjust,  
side adjust,  

tubes,
tape and reel

Locking device,
log law,

box

Top adjust,  
side adjust,  

panel sealed,
panel mount 

with solder lugs,  
box

industrial grade, 
up to 5 modules. 

Switches and 
detents available. 

available in 
conductive 

plastic

ThiS doCuMenT iS SubjeCT To Change wiThouT noTiCe. The PRoduCTS deSCRibed heRein and ThiS doCuMenT aRe SubjeCT To 
SPeCiFiC diSCLaiMeRS, SeT FoRTh aT www.vishay.com/doc?91000

VMn-Sg2088-12042/4SeLeCToR guide
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ThiS doCuMenT iS SubjeCT To Change wiThouT noTiCe. The PRoduCTS deSCRibed heRein and ThiS doCuMenT aRe SubjeCT To 
SPeCiFiC diSCLaiMeRS, SeT FoRTh aT www.vishay.com/doc?91000

VMn-Sg2088-12043/4SeLeCToR guide
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multi-Turn Cermet Trimmers 

model

43 T18 64 T93 T63 T9 T6

Package Size
19 mm
(3/4") 

19 mm
(3/4")

10 mm
(3/8") 

10 mm
(3/8")

6.35 mm
(1/4")

10 mm 
(3/8")

6.35 mm 
(1/4")

grade industrial industrial industrial industrial industrial
Military and 
Professional

Military and 
Professional

resistance 
range (ohms)

10 Ω to  
2.2 MΩ

10 Ω to  
2.2 MΩ

10 Ω to  
2.2 MΩ

10 Ω to  
2.2 MΩ

10 Ω to  
2.2 MΩ

10 Ω to  
2.2 MΩ

10 Ω to  
2.2 MΩ

Standard 
resistance 
Tolerance

± 10 % ± 10 % ± 10 % ± 10 % ± 10 % ± 10 % ± 10 %

TC (ppm/ºC)
> 100 Ω ± 100 ± 100 ± 100 ± 100 ± 100 ± 100 ± 100

Power rating
0.5 w at 
 70 ºC

0.5 w at 
 70 ºC

0.5 w at 
 70 ºC

0.5 w at 
 70 ºC

0.25 w at 
 85 ºC

0.5 w at 
 70 ºC

0.25 w at 
 85 ºC

mechanical 
Travel 18 turns 18 turns 23 turns 23 turns 15 turns 23 turns 15 turns

Contact 
resistance 

Variation (CrV)
2 % or 1 Ω 2 % or 1 Ω 2 % or 2 Ω 2 % or 2 Ω 2 % or 2 Ω 2 % or 2 Ω 2 % or 2 Ω

mechanical 
life 200 cycles 200 cycles 200 cycles 200 cycles 200 cycles 200 cycles 200 cycles

operating  
Temperature

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 155 ºC

- 55 ºC to 
+ 155 ºC

Features and 
Packaging

Panel mount,
tube

Panel mount,
tube

Tube,
custom 

screw on 
request

Tube,
custom 

screw on 
request

Tube,
custom 

screw on 
request

Tube Tube

http://www.vishay.com/doc?91000
http://www.vishay.com/landingpage/50year/
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ThiS doCuMenT iS SubjeCT To Change wiThouT noTiCe. The PRoduCTS deSCRibed heRein and ThiS doCuMenT aRe SubjeCT To 
SPeCiFiC diSCLaiMeRS, SeT FoRTh aT www.vishay.com/doc?91000

VMn-Sg2088-12044/4SeLeCToR guide
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SmD Cermet Trimmers 

model

TS5 TS53 TS6 TS63 TSm4 TS3

Package Size
5 mm
(3/4")

5 mm
(3/4")

6.85 mm
(3/8")

6.85 mm
(3/8")

5 mm
(13/64")

3.2 mm
(1/8")

grade
Military and 
Professional

industrial
Military and 
Professional

industrial
Military and 
Professional

industrial

resistance 
range 
(ohms)

10 to 1 MΩ 10 to 1 MΩ 10 to 2 MΩ 10 to 2 MΩ 10 to 1 MΩ 10 to 2 MΩ

Standard 
resistance 
Tolerance

± 10 % ± 20 % ± 10 % ± 10 % ± 10 % ± 20 %

TC (ppm/ºC)
> 100 Ω ± 100 ± 100 ± 100 ± 100 ± 100 ± 150

Power 
rating

0.25 w at 
 70 ºC

0.25 w at 
 70 ºC

0.25 w at 
 85 ºC

0.25 w at 
 85 ºC

0.25 w at 
 85 ºC

0.125 w at 
 70 ºC

mechanical 
Travel 270º 270º 15 turns 15 turns 13 turns 250º

Contact 
resistance 
Variation 

(CrV)

1 % or 3 Ω 1 % or 3 Ω 2 % or 2 Ω 2 % or 2 Ω 2 % or 3 Ω 3 % or 3 Ω

mechanical 
life 100 cycles 100 cycles 200 cycles 200 cycles 100 cycles 50 cycles

operating 
Temperature

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

- 55 ºC to 
+ 125 ºC

Features 
and 

Packaging

j-hook and gull 
wing,

tape and reel

j-hook and gull 
wing,

tape and reel

Tube,
tape and reel

Tube,
tape and reel

j-hook and  
gull wing,
top adjust,
side adjust,

tape and reel

Tape and reel

http://www.vishay.com/doc?91000
http://www.vishay.com/landingpage/50year/

