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SMD • 引线 • 轴向
铝电解电容器

V I S H AY  I N T E R T E C H N O LO GY,  I N C .

SMD 设计

产品系列 系列 电压 电容 温度 使用寿命
外形尺寸重点

系列

(1)

(mm) 其他功能

标
准

Vishay BCcomponents 
153 CRV • 6.3 V to 

100 V
0.47 µF to 

1 mF 105 °C Up to 
3000 h

4 x 5.3 to 
10 x 14 RoHS-compliant

140 CRH 6.3 V to 
63 V

10 µF to 
4.7 mF 125 °C Up to 

6000 h
8 x 10 to 
18 x 21

RoHS-compliant,  
AEC-Q200 qualified, 
JEDEC® J-STD-020

低
阻
抗

Vishay BCcomponents 
150 CRZ • 6.3 V to 

100 V
4.7 µF to 

10 mF 105 °C Up to 
10 000 h

8 x 10 to 
18 x 21

RoHS-compliant, 
AEC-Q200 qualified, 
JEDEC® J-STD-020

146 CTI • 16 V to 
100 V

10 µF to 
4.7 mF 125 °C Up to 

6000 h
8 x 10 to 
18 x 21

RoHS-compliant, 
AEC-Q200 qualified, 
JEDEC® J-STD-020, 

high temperature

160 CLA • 16 V to 
80 V

47 µF to 
3.3 mF 150 °C Up to 

2000 h
12.5 x 13 to  

18 x 21

RoHS-compliant, 
AEC-Q200 qualified, 
JEDEC® J-STD-020, 

advanced temperature

低
阻
抗
/高
振
动

Vishay BCcomponents 
250 CRZ-V • 6.3 V to 

100 V
220 µF to 

10 mF 105 °C Up to 
10 000 h

16 x 16 to 
18 x 21

RoHS-compliant, 
AEC-Q200 qualified, 
JEDEC® J-STD-020

246 CTI-V • 16 V to 
100 V

150 µF to 
4.7 mF 125 °C Up to 

6000 h
16 x 16 to 

18 x 21

RoHS-compliant, 
AEC-Q200 qualified, 
JEDEC® J-STD-020, 

high temperature

260 CLA-V • 16 V to 
80 V

150 µF to 
3.3 mF 150 °C Up to 

2000 h
16 x 16 to 

18 x 21

RoHS-compliant, 
AEC-Q200 qualified, 
JEDEC® J-STD-020, 

advanced temperature

高
压

导
电
聚
合
物

混
合
聚
合
物

Vishay BCcomponents
152 CME • 400 V to 

450 V 33 µF 105 °C Up to 
6000 h

10 x 10 to 
18 x 21

RoHS-compliant, 
AEC-Q200 qualified, 
JEDEC® J-STD-020

192 CTX • 400 V 33 µF 125 °C Up to 
2500 h

10 x 10 to 
18 x 21

RoHS-compliant, 
AEC-Q200 qualified, 
JEDEC® J-STD-020, 

high temperature

Vishay BCcomponents 
180 CPS 2.5 V to 

35 V
22 µF to 
2.7 mF 105 °C 2500 h 5.3 x 5.7 to 

10.4 x 12.6 RoHS-compliant

181 CPL 4.0 V to 
35 V

18 µF to 
820 µF 105 °C 5000 h 6.6 x 5.9 to 

10.4 x 12.6 RoHS-compliant

184 CPNS • 2.5 V to 
100 V

4.7 µF 
to 3.3 mF 105 °C 2000 h 4.0 x 5,5 to 

10 x 12.4 RoHS-compliant

185 CPNZ • 6.3 V to 
50 V

10 µF to 
1.5 mF 105 °C 5000 h 6.3 x 5.8 to 

10 x 12.4 RoHS-compliant

186 CPNT • 6.3 V to 
50 V

10 µF to 
1.5 mF 125 °C 2000 h 6.3 x 5.8 to 

10 x 12.4
RoHS-compliant, 
high temperature

Vishay BCcomponents
182 CPHZ • 16 V to 

80 V
10 µF to 
1.5 mF 105 °C 10 000 h 5 x 5.8 to 

10 x 16.5 RoHS-compliant

183 CPHT • 25 V to 
80 V

10 µF to 
330 µF 125 °C 4000 h 5 x 5.8 to 

10 x 10.5
RoHS-compliant, 
high temperature

注释
(1) 在上限类别温度下

https://www.vishay.com/
https://www.vishay.com/product/28388/
https://www.vishay.com/product/28396/
https://www.vishay.com/product/28395/
https://www.vishay.com/product/28403/
https://www.vishay.com/product/28405/
https://www.vishay.com/product/28425/
https://www.vishay.com/product/28424/
https://www.vishay.com/product/28426/
https://www.vishay.com/product/28459/
https://www.vishay.com/product/28463/
https://www.vishay.com/product/28415/
http://www.vishay.com/ppg?28417
http://www.vishay.com/ppg?28437
http://www.vishay.com/ppg?28434
http://www.vishay.com/ppg?28435
http://www.vishay.com/ppg?28433
http://www.vishay.com/ppg?28434
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径向设计

 
 

(mm)

标
准

Vishay BCcomponents 
048 RML 6.3 V to 

63 V
100 µF to 

10 mF 105 °C Up to 
4000 h

10 x 12 to  
18 x 35 RoHS-compliant

142 RHS • 10 V to 
450 V

1 µF to 
22 mF 105 °C Up to 

2500 h
5 x 11 to  
18 x 40 RoHS-compliant

148 RUS • 6.3 V to 
100 V

47 µF to 
22 mF 105 °C Up to 

3000 h
10 x 12 to  

18 x 35 RoHS-compliant

140 RTM 6.3 V to 
63 V

22 µF to 
4.7 mF 125 °C Up to 

4000 h
10 x 12 to  

18 x 31

RoHS-compliant, 
AEC-Q200 qualified, 

high temperature

低
阻
抗

极
低
阻
抗

低
阻
抗
/高
振
动

Vishay BCcomponents
136 RVI 10 V to 

100 V
22 µF to 
10 mF 105 °C Up to 

10 000 h
10 x 12 to 

18 x 35 RoHS-compliant

150 RMI • 10 V to 
100 V

100 µF to 
8.2 mF 105 °C Up to 

10 000 h
8 x 12 to 
18 x 40

RoHS-compliant, 
AEC-Q200 qualified

146 RTI • 16 V to 
63 V

68 µF to 
6.8 mF 125 °C Up to 

6000 h
10 x 12 to 

18 x 35

RoHS-compliant, 
AEC-Q200 qualified, 

high temperature

160 RLA • 16 V to 
50 V

33 µF to 
3.3 mF 150 °C Up to 

2000 h
10 x 12 to 

18 x 35

RoHS-compliant, 
AEC-Q200 qualified, 

advanced temperature

Vishay BCcomponents         
170 RVZ • 10 V to 

63 V
 

6.8 mF 105 °C Up to 
10 000 h

10 x 12 to 
18 x 40

RoHS-compliant, 
AEC-Q200 qualified

172 RLX • 10 V to 
50 V

 
15 mF 105 °C Up to 

10 000 h
10 x 12 to 

18 x 40
RoHS-compliant, 

AEC-Q200 qualified

190 RTL • 16 V to 
50 V

 
6.8 mF 125 °C Up to 

6000 h
10 x 12 to 

18 x 35

RoHS-compliant, 
AEC-Q200 qualified, 

high temperature

 Vishay BCcomponents
250 RMI-V • 10 V to 

100 V
330 µF to 

8.2 mF 105 °C Up to 
10 000 h

16 x 20 to 
18 x 40

RoHS-compliant, 
AEC-Q200 qualified

246 RTI-V • 16 V to 
63 V

390 µF to 
6.8 mF 125 °C Up to 

6000 h
16 x 20 to 

18 x 35

RoHS-compliant, 
AEC-Q200 qualified, 

high temperature

260 RLA-V • 16 V to 
50 V

470 µF to 
3.3 mF 150 °C Up to 

2000 h
16 x 25 to 

18 x 35

RoHS-compliant, 
AEC-Q200 qualified, 

advanced temperature

高
压

Vishay BCcomponents 

152 RMH • 200 V to 
400 V

1.5 µF to 
220 µF 105 °C Up to 

4000 h
10 x 12 to 

18 x 35
RoHS-compliant, 

AEC-Q200 qualified

注释
(1) 在上限类别温度下

本文件如有更改，恕不另行通知。
本文件中说明的产品和本文件都有具体的免责声明，相关声明敬请访问  www.vishay.com/doc?91000
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http://www.vishay.com/ppg?28318
http://www.vishay.com/ppg?28402
http://www.vishay.com/ppg?28315
http://www.vishay.com/ppg?28322
http://www.vishay.com/ppg?28321
http://www.vishay.com/ppg?28323
http://www.vishay.com/ppg?28401
http://www.vishay.com/ppg?28420
http://www.vishay.com/ppg?28462
http://www.vishay.com/ppg?28499
http://www.vishay.com/ppg?28465
http://www.vishay.com/ppg?28423
http://www.vishay.com/ppg?28422
http://www.vishay.com/ppg?28448
http://www.vishay.com/ppg?28320
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(mm)

标
准

Vishay BCcomponents
021 ASM • 6.3 V to 

100 V
1.0 µF to 

15 mF 85 °C Up to 
8000 h

4.5 x 10 to 
21 x 38 RoHS-compliant

030/031 AS 6.3 V to 
100 V

1.0 µF to 
1.0 mF 85 °C Up to 

3000 h
4.5 x 10 to 

10 x 25 RoHS-compliant

138 AML 6.3 V to 
100 V

1.0 µF to 
15 mF 105 °C Up to 

10 000 h
6.3 x 12.7 to 

21 x 38 RoHS-compliant

118 AHT • 6.3 V to 
200 V

2.2 µF to 
10 mF 125 °C Up to 

8000 h
6.5 x 18 to 

21 x 38
RoHS-compliant, 
high temperature

119 AHT-DIN 10 V to 
100 V

4.7 µF to 
4.7 mF 125 °C Up to 

8000 h
6.5 x 18 to 

21 x 38
RoHS-compliant, 
high temperature

高
压

Vishay BCcomponents 

041-043 ASH • 160 V to 
450 V

1 µF to 
220 µF 85 °C Up to 

15 000 h
6.5 x 18 to 

10 x 30 RoHS-compliant

低
阻
抗

Vishay BCcomponents 
120 ATC • 16 V to 

100 V
47 µF to 
6.8 mF 125 °C Up to 

8000 h
10 x 30 to 

21 x 38

RoHS-compliant, 
AEC-Q200 qualified, 

high temperature

125 ALS • 10 V to 
63 V

47 µF to 
18 mF 105 °C Up to 

10 000 h
6.5 x 18 to 

21 x 38
RoHS-compliant, 

AEC-Q200 qualified

126 ATX • 10 V to 
63 V

33 µF to 
12 mF 125 °C Up to 

8000 h
6.5 x 18 to 

21 x 38

RoHS-compliant,, 
AEC-Q200 qualified 

high temperature

注释
(1) 在上限类别温度下

本文件如有更改，恕不另行通知。
本文件中说明的产品和本文件都有具体的免责声明，相关声明敬请访问  www.vishay.com/doc?91000
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轴向设计

http://www.vishay.com/ppg?28325
http://www.vishay.com/ppg?28327
http://www.vishay.com/ppg?28332
http://www.vishay.com/ppg?28334
http://www.vishay.com/ppg?28335
http://www.vishay.com/ppg?28329
http://www.vishay.com/ppg?28336
http://www.vishay.com/ppg?28464
http://www.vishay.com/ppg?28570



