VISHAY. Cross Reference
www.vishay.com Vishay Dale

ALTERNATIVE VISHAY PART NUMBERS
L|W]|H]|L]DCR . .

ISAT IRMS Packlng ORIGINAL ISAT IRMS Packlng
,‘;I“A';‘() |(\;|nA">? ,(;I“A“)‘(’ '(':3)' ,f,l“f)’() (mA) | (MA) | (Reel) | VISHAY PN ,(JI“A";’ ,‘;I“A';‘() |(\;|nA">? '(L'ﬁ)' &“Aff(’ mA) | (mA) | Reel)
IHLP1616BZETRIONOT | 47 | 431] 20 | 0.1 | 5 |35000[12000] 3000 |IHLP1616BZERRIOMOT | 47 | 43 | 20 | 01| 5 |35000]16000] 4000
IHLP1616BZETR22NOT | 4.7 | 431 | 2.0 [0.22] 8.6 |24000[13000] 3000 |IHLP1616BZERR22MO1 | 47 | 43 | 2.0 |022] 86 |24000]13000] 4000
IHLP1616BZETRATMOT | 4.7 | 431 | 2.0 [047] 18 |11500] 5600 | 3000 |IHLP1616BZERRATMOT | 47 | 43 | 2.0 [047] 18 |11500] 5600 | 4000
IHLP1616BZETIROMOT | 4.7 | 431 ] 2.0 | 1 | 37 | 7000 | 3750 | 3000 |IHLP1616BZERTROMOT | 4.7 | 43 | 20 | 1 | 37 | 8500 | 3750 | 4000
IHLP1616BZETIR5MOT | 4.7 | 431 | 2.0 | 15 | 463 | 6100 | 4500 | 3000 | IHLP1616BZERIRGMOT | 4.7 | 43 | 20 | 15 | 463 | 6100 | 5100 | 4000
IHLP1616BZET2R2MOT | 4.7 | 431 ] 2.0 | 22| 90 | 6000 | 2850 | 3000 |IHLP1616BZER2R2MOT | 4.7 | 43 | 2.0 | 2.2 | 90 | 6000 | 2850 | 4000
IHLP2020BZETRIONOT | 6.0 | 54 | 20 | 01| 4 |43000[17000] 3000 |IHLP2020BZERRIOMOT | 5.7 | 54 | 20 | 01| 3.9 |4500017000] 2000
IHLP2020BZETR22M0T | 60 | 54 | 2.0 [022] 55 |22000]15000] 3000 |IHLP2020BZERR22MO1T | 5.7 | 54 | 2.0 [022] 52 |22000]15000] 2000
IHLP2020BZETR33MO1T | 60 | 54 | 2.0 [0.33] 82 |21000]12000] 3000 |IHLP2020BZERR33MOT | 5.7 | 54 | 2.0 [033] 82 |25000]12000] 2000
IHLP2020BZETRATMOT | 60 | 54 | 2.0 [047] 94 [15000]11500] 3000 |IHLP2020BZERRATMOT | 5.7 | 54 | 2.0 [047] 94 |21000]11500] 2000
IHLP2020BZETR68MOT | 6.0 | 54 | 2.0 |0.68] 124 [14000]10000| 3000 |IHLP2020BZERR68MOT | 5.7 | 54 | 2.0 |0.68] 124 |15000]10000| 2000
IHLP2020BZETIROMOT | 60 | 54 | 20 | 1 | 20 |13000] 7000 | 3000 |IHLP2020BZERTROMOT| 5.7 | 54 | 20 | 1 | 20 |16000] 7000 | 2000
IHLP2020BZET2R2MOT | 60 | 54 | 2.0 | 2.2 | 501 | 9000 | 4200 | 3000 | IHLP2020BZER2R2MOT | 5.7 | 54 | 2.0 | 2.2 | 501 | 9500 | 4200 | 2000
IHLP2020BZET3R3MOT | 6.0 | 54 | 2.0 | 3.3 | 85.5 | 8000 | 3300 | 3000 |IHLP2020BZER3R3MOT | 5.7 | 54 | 2.0 | 3.3 | 85.5 | 8500 | 3300 | 2000
IHLP2020BZETARTMOT | 6.0 | 54 | 2.0 | 4.7 |116.6| 5000 | 2800 | 3000 |IHLP2020BZERARTMOT | 5.7 | 54 | 2.0 | 47 |116.6| 5000 | 2800 | 2000
IHLP2020BZET5R6MOT | 60 | 54 | 2.0 | 5.6 | 122 | 4500 | 2500 | 3000 |IHLP2020BZERGR6MOT | 5.7 | 5.4 | 2.0 | 5.6 | 122 | 4500 | 2500 | 2000
IHLP2020BZET6R8MOT | 6.0 | 54 | 2.0 | 68 | 150 | 4300 | 2400 | 3000 | IHLP2020BZER6R8MOT | 5.7 | 54 | 2.0 | 6.8 | 150 | 4300 | 2400 | 2000
IHLP2020BZET100MO1 | 6.0 | 54 | 2.0 | 10 | 199 | 4000 | 2300 | 3000 | IHLP2020BZERT00MOT | 5.7 | 54 | 2.0 | 10 | 199 | 4000 | 2300 | 2000
IHLP2020CZETR33MOT | 6.0 | 54 | 30 |033] 5.56 [18000|13700] 2000 |IHLP2020CZERR33MOT | 5.7 | 54 | 3.0 |0.33] 5.56 [19000|13700] 2000
IHLP2020CZETR47MOT | 6.0 | 54 | 3.0 [047] 7.4 |15000]12000] 2000 |IHLP2020CZERRA7MOT | 5.7 | 5.4 | 3.0 |047] 7.04 [16000]12200] 2000
IHLP2020CZETR68MOT | 6.0 | 54 | 3.0 [0.68] 12 |13000] 8500 | 2000 |IHLP2020CZERR68MOT | 5.7 | 54 | 3.0 |0.68| 8.96 [13500]10200] 2000
IHLP2020CZETR82MO1 | 6.0 | 54 | 30 [082] 13 |11000] 8000 | 2000 |IHLP2020CZERR82MOT | 5.7 | 54 | 3.0 [0.82] 11.9 [13000] 9300 | 2000
IHLP2020CZETIROMO1 | 6.0 | 54 | 30 | 1 | 14 | 9000 | 7000 | 2000 |IHLP2020CZERTROMOT | 5.7 | 54 | 30 | 1 | 13.7 [12000] 9200 | 2000
IHLP2020CZETIREMO1 | 6.0 | 54 | 30 | 15| 25 | 8800 | 6000 | 2000 |IHLP2020CZERTRGMOT | 5.7 | 54 | 3.0 | 1.5 | 20.7 [11000] 7200 | 2000
IHLP2020CZET2R2MO1 | 6.0 | 54 | 30 | 22| 35 | 8500 | 5500 | 2000 |IHLP2020CZER2R2MOT | 5.7 | 54 | 30 | 2.2 | 292 |10000] 5800 | 2000
IHLP2020CZET3R3MO1 | 6.0 | 54 | 30 | 3.3 | 54.7 | 8000 | 5000 | 2000 |IHLP2020CZER3R3MOT | 5.7 | 54 | 30 | 3.3 | 54.7 | 8500 | 5000 | 2000
IHLP2020CZETARTMOT | 6.0 | 54 | 30 | 47 | 77.5 | 7200 | 3500 | 2000 |IHLP2020CZERARTMOT | 5.7 | 5.4 | 30 | 4.7 | 77.5 | 8200 | 3500 | 2000
IHLP2020CZET5R6MOT | 6.0 | 5.4 | 30 | 5.6 | 108 | 4100 | 3000 | 2000 |IHLP2020CZERGR6MOT | 5.7 | 5.4 | 30 | 5.6 | 108 | 4100 | 3000 | 2000
IHLP2020CZET100MO1 | 6.0 | 54 | 3.0 | 10 | 164 | 3500 | 2500 | 2000 | IHLP2020CZERT00MOT | 5.7 | 54 | 3.0 | 10 | 164 | 4000 | 2500 | 2000
IHLP2020CZET150M01 | 6.0 | 54 | 3.0 | 15 | 265 | 2500 | 1900 | 2000 | IHLP2020CZERT50M01 | 5.7 | 54 | 3.0 | 15 | 265 | 2500 | 1900 | 2000
IHLP2525CZETR1ONOT | 7.6 | 69 | 30 | 0.1 | 1.7 |60000]32500] 1000 |IHLP2525CZERRIOMOT | 7.2 | 67 | 3.0 | 01| 1.7 |60000|32500] 2000
IHLP2525CZETR15NOT | 7.6 | 69 | 3.0 |0.15] 25 |52000|26000] 1000 |IHLP2525CZERR1GMO1 | 7.2 | 67 | 3.0 |0.15] 25 |52000|26000] 2000
IHLP2525CZETR20NOT | 7.6 | 6.9 | 3.0 | 0.2 | 3 |41000(24000] 1000 |IHLP2525CZERR20MO1| 7.2 | 6.7 | 3.0 | 02| 3 |41000|24000] 2000
IHLP2525CZETR22N01 | 7.6 | 69 | 3.0 |0.22| 2.8 |40000{23000] 1000 |IHLP2525CZERR22MO1 | 72 | 67 | 3.0 |0.22] 2.8 |40000|23000] 2000
IHLP2525CZETR33MO1 | 7.6 | 6.9 | 3.0 [0.33] 39 |30000[20000] 1000 |IHLP2525CZERR33MOT | 7.2 | 6.7 | 30 [033] 39 |30000]20000] 2000
IHLP2525CZETRATMOT | 7.6 | 6.9 | 3.0 [047] 42 |26000]17500] 1000 |IHLP2525CZERRATMOT | 7.2 | 6.7 | 3.0 [047| 42 |26000]17500] 2000
IHLP2525CZETR68MOT | 7.6 | 6.9 | 3.0 |0.68] 55 |25000]15500] 1000 |IHLP2525CZERR68MOT | 7.2 | 6.7 | 3.0 |068] 55 |25000]15500] 2000
IHLP2525CZETR82MOT | 7.6 | 6.9 | 30 [0.82] 8 |23000[13000] 1000 |IHLP2525CZERR82MOT | 7.2 | 6.7 | 30 [082] 8 |24000]13000] 2000
IHLP2525CZETIROMOT | 7.6 | 6.9 | 30 | 1 | 10 |19000]11000] 1000 |IHLP2525CZERTROMOT| 7.2 | 6.7 | 30 | 1 | 10 |22000]11000] 2000
IHLP2525CZETIREMO1 | 7.6 | 6.9 | 30 | 15| 15 |17000] 9000 | 1000 |IHLP2525CZERTREMOT | 7.2 | 6.7 | 30 | 15| 15 |18000] 9000 | 2000
IHLP2525CZET2R2MO1 | 7.6 | 69 | 30 | 22| 20 |14000] 8000 | 1000 |IHLP2525CZER2R2MOT | 7.2 | 6.7 | 30 | 22 | 20 |14000] 8000 | 2000
IHLP2525CZET3RaMO1 | 7.6 | 6.9 | 30 | 3.3 | 30 |11500] 6000 | 1000 |IHLP2525CZERR3MOT | 7.2 | 6.7 | 30 | 3.3 | 30 |13500] 6000 | 2000
IHLP2525CZETARTMOT | 7.6 | 6.9 | 30 | 47| 40 | 9300 | 5500 | 1000 |IHLP2525CZERARTMOT | 7.2 | 6.7 | 30 | 47| 40 |10000] 5500 | 2000
IHLP2525CZET6REMO1 | 7.6 | 6.9 | 3.0 | 6.8 | 60 | 8000 | 4500 | 1000 |IHLP2525CZERGREMOT | 7.2 | 6.7 | 30 | 6.8 | 60 | 8000 | 4500 | 2000
IHLP2525CZET8R2MOT | 7.6 | 6.9 | 3.0 | 8.2 | 68 | 6600 | 4000 | 1000 |IHLP2525CZERBR2MOT | 7.2 | 6.7 | 30 | 8.2 | 68 | 7500 | 4000 | 2000
IHLP2525CZET100M01 | 7.6 | 69 | 3.0 | 10 | 105 | 5200 | 3000 | 1000 | IHLP2525CZERT00MOT | 7.2 | 6.7 | 3.0 | 10 | 105 | 7000 | 3000 | 2000
IHLP4040DZETR19NOT | 115 | 10.3 | 40 |0.19] 0.95 |75000]36000] 500 | IHLP4040DZERRTOMOT | 111 | 10.3 | 40 |0.19] 0.95 |90000]40000] 500
IHLP4040DZETR36MO1 | 11.5 | 103 | 4.0 [0.36] 14 |60000]31000] 500 |IHLP4040DZERR36MOT | 11.1 | 103 | 4.0 [036] 14 |60000]31500] 500
IHLP4040DZETR56MO1 | 11.5 | 103 | 4.0 [056] 1.8 |45000]25000] 500 |IHLP4040DZERRS6MOT | 11.1 | 103 | 4.0 [056] 1.8 |49000]27500] 500
IHLP4040DZETIROMO1 | 11.5 | 10.3 | 40 | 1 | 4.1 |35000]17500] 500 |IHLP4040DZER1ROMOT | 1.1 | 10.3 | 40 | 1 | 41 |36000]17500] 500
IHLP4040DZETIREMO1 | 115 | 103 | 40 | 1.5 | 58 |27500]15000] 500 |IHLP4040DZERTR5MOT | 11.1 | 103 | 40 | 15| 58 |27500]15000] 500
IHLP4040DZET2R2MO1 | 115 | 103 | 40 | 22| 9 |19000]12000] 500 |IHLP4040DZER2R2MOT | 11.1 | 103 | 40 | 22 | 9 |25600]12000] 500
IHLP4040DZET3R3MO1 | 11.5 | 103 | 4.0 | 3.3 | 14.4 |16000{10000] 500 |IHLP4040DZER3RMOT | 11.1 | 103 | 4.0 | 3.3 | 144 |18600]10000] 500
IHLP4040DZETAR7MO1 | 11.5 | 10.3 | 40 | 4.7 | 165 |15000] 9500 | 500 | IHLP4040DZERARTMOT | 11.1 | 10.3 | 40 | 4.7 | 165 |17000] 9500 | 500
IHLP4040DZET5R6MO1 | 115 | 103 | 40 | 5.6 | 19.3 [13000] 8500 | 500 |IHLP4040DZERSR6MOT | 11.1 | 103 | 4.0 | 5.6 | 19.3 [16000] 8500 | 500
IHLP4040DZET6REMO1 | 11.5 | 103 | 4.0 | 6.8 | 23.3 [12000] 8000 | 500 | IHLP4040DZERGREMOT | 11.1 | 103 | 4.0 | 6.8 | 23.3 [13500] 8000 | 500
IHLP4040DZET100MO1 | 115 | 10.3 | 40 | 10 | 36,5 | 10000] 6800 | 500 | IHLP4040DZERT00MOT | 111 | 10.3 | 40 | 10 | 36,5 | 12000] 6800 | 500
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VISHAY. Cross Reference
www.vishay.com Vishay Dale

ALTERNATIVE VISHAY PART NUMBERS

L|w][H]L][DCR : .
Isat | Inms |Packing| ORIGINAL Isat | Inms |Packing

(mm) | (mm)| (mm) | IND.| (mQ) | ) (mm) | (mm) | (mm) [IND. | (mQ)

MAX. | MAX. | MAX.| (4H) [Max.| (MA) | (mA) | (Reel) | VISHAYPN MAX. | MAX. |MAX. | (uH) | MAX, | (MA) | (mA) | (Reel

IHLP1616BZETR10M11| 4.7 | 43 | 20 | 0.1 | 45 |[12000(12000{ 3000 |[IHLP1616BZERR1OM11| 4.7 | 43 | 2.0 | 0.1 | 4.5 |12000(12000| 4000
IHLP1616BZETR22M11| 4.7 | 43 | 20 |022| 7 | 8500 | 9000 | 3000 |[IHLP1616BZERR22M11| 4.7 | 43 | 2.0 [0.22| 7 | 9000 | 9000 | 4000
IHLP1616BZETR47M11| 4.7 | 43 | 2.0 |0.47| 16 | 5500 | 7000 | 3000 |IHLP1616BZERR47M11| 4.7 | 43 | 2.0 |0.47| 16 | 7000 | 7000 | 4000
IHLP1616BZET1ROM11| 4.7 | 43 | 20 | 1 | 27 | 3800 | 4500 | 3000 |[IHLP1616BZER1ROM11| 4.7 | 43 | 20 | 1 | 27 | 5000 | 4500 | 4000
IHLP1616BZET1R5M11| 4.7 | 43 | 20 | 1.5| 38 | 3500 | 5100 | 3000 |[IHLP1616BZER1RSM11| 4.7 | 43 | 2.0 | 1.5| 38 | 3500 | 5100 | 4000
IHLP1616BZET2R2M11| 4.7 | 43 | 20 |22 | 68 | 2800 | 3250 | 3000 |[IHLP1616BZER2R2M11| 4.7 | 43 | 2.0 | 22| 68 | 3250 | 3250 | 4000
IHLP1616BZET3R3M11| 4.7 | 43 | 2.0 | 3.3 | 94.3 | 2100 | 2700 | 3000 |[IHLP1616BZER3R3M11| 4.7 | 43 | 2.0 | 3.3 | 94.3 | 2200 | 2700 | 4000
IHLP1616BZET4R7M11| 4.7 | 43 | 2.0 | 47 | 105 | 1750 | 1700 | 3000 |IHLP1616BZER4R7M11| 4.7 | 43 | 2.0 | 4.7 | 105 | 1750 | 1700 | 4000
IHLP2020BZETR22M11| 6.0 | 54 | 2.0 (0.22| 4.5 [13000/16000{ 3000 |[IHLP2020BZERR22M11 | 5.7 | 54 | 2.0 [0.22| 4.5 |13000(17000| 2000
IHLP2020BZETR33M11| 6.0 | 54 | 2.0 [0.33| 6 | 7500 [13000{ 3000 |[IHLP2020BZERR33M11| 5.7 | 54 | 2.0 [0.33| 5.9 | 7500 [13000| 2000
IHLP2020BZETR47M11| 6.0 | 54 | 2.0 [0.47| 7.7 | 7000 [12500|{ 3000 |[IHLP2020BZERR47M11| 5.7 | 54 | 2.0 [0.47| 7.7 | 8000 [12500| 2000
IHLP2020BZET1ROM11| 6.0 | 54 | 20 | 1 |18.1 | 6100 | 7500 | 3000 |[IHLP2020BZER1ROM11| 5.7 | 54 | 2.0 | 1 | 18.1| 7000 | 7500 | 2000
IHLP2020BZET2R2M11| 6.0 | 54 | 2.0 | 2.2 | 37.7 | 3500 | 5000 | 3000 |[IHLP2020BZER2R2M11 | 5.7 | 54 | 2.0 | 2.2 | 37.7 | 5500 | 5000 | 2000
IHLP2020BZET3R3M11| 6.0 | 54 | 20 | 3.3 | 60 | 3200 | 4100 | 3000 |[IHLP2020BZER3R3M11| 5.7 | 54 | 2.0 | 3.3 | 57.8 | 4700 | 4100 | 2000
I[HLP2020CZETR47M11| 6.0 | 55 | 3.0 |047| 6 | 6000 |13500{ 2000 |IHLP2020CZERR47M11| 5.7 | 54 | 3.0 [0.47| 6 | 9000 [14000| 2000
IHLP2020CZET1ROM11| 6.0 | 55 | 3.0 | 1 | 12 | 5100 | 9000 | 2000 |IHLP2020CZER1ROM11| 5.7 | 54 | 3.0 | 1 | 11 | 6500 [10000 2000
IHLP2020CZET1R5M11| 6.0 | 55 | 3.0 | 1.5| 18,5 | 4500 | 7500 | 2000 |IHLP2020CZER1R5M11| 5.7 | 54 | 3.0 | 1.5| 18,5 | 7000 | 7500 | 2000
IHLP2020CZET2R2M11| 6.0 | 55 | 3.0 |22 | 25 | 4000 | 6750 | 2000 |IHLP2020CZER2R2M11| 5.7 | 54 | 3.0 |22 | 25 | 5500 | 6750 | 2000
IHLP2020CZET3R3M11| 6.0 | 55 | 3.0 | 3.3 | 40.4 | 3600 | 5500 | 2000 |IHLP2020CZER3R3M11| 5.7 | 54 | 3.0 | 3.3 | 40.4 | 7000 | 5500 | 2000
IHLP2020CZET4R7M11| 6.0 | 55 | 3.0 | 47 | 60 | 3200 | 4500 | 2000 |IHLP2020CZER4R7M11| 5.7 | 54 | 3.0 | 47| 60 | 5200 | 4500 | 2000
IHLP2020CZET5R6M11| 6.0 | 55 | 3.0 | 56 | 70.6 | 2600 | 4250 | 2000 |IHLP2020CZER5R6M11| 5.7 | 5.4 | 3.0 | 56 | 70.6 | 3500 | 4250 | 2000
IHLP2020CZET100M11 | 6.0 | 55 | 3.0 | 10 |131.9]| 1400 | 2750 | 2000 |IHLP2020CZER100M11| 5.7 | 54 | 3.0 | 10 |131.9| 2250 | 2750 | 2000
IHLP2020CZET150M11 | 6.0 | 55 | 3.0 | 15 | 174 | 1200 | 2400 | 2000 |IHLP2020CZER150M11| 5.7 | 54 | 3.0 | 15 | 174 | 2400 | 2400 | 2000
IHLP2525CZET1ROM11| 7.4 | 6.7 | 3.0 | 1 8 | 8300 (12000 1000 |[IHLP2525CZER1ROM11| 7.2 | 6.7 | 3.0 | 1 8 | 9500 [12500| 2000
IHLP2525CZET2R2M11| 7.4 | 6.7 | 3.0 | 2.2 | 16.5 | 7000 | 8000 | 1000 |IHLP2525CZER2R2M11| 7.2 | 6.7 | 3.0 | 2.2 | 16.5| 7000 | 9000 | 2000
IHLP2525CZET3R3M11| 7.4 | 6.7 | 3.0 | 2.7 | 26 | 5600 | 6500 | 1000 |[IHLP2525CZER3R3M11| 7.2 | 6.7 | 3.0 | 3.3 | 26 | 6500 | 7000 | 2000
IHLP2525CZET4R7M11| 7.4 | 6.7 | 3.0 | 3.3 | 33.4 | 4000 | 5500 | 1000 |IHLP2525CZER4R7M11| 7.2 | 6.7 | 3.0 | 4.7 | 33.4 | 4000 | 6000 | 2000
IHLP2525CZET6R8M11| 7.4 | 6.7 | 3.0 | 6.8 | 50 | 4000 | 4500 | 1000 |IHLP2525CZER6R8M11| 7.2 | 6.7 | 3.0 | 6.8 | 44.6 | 4000 | 5500 | 2000
IHLP2525CZET8R2M11| 7.4 | 6.7 | 3.0 | 82| 60 | 3500 | 4500 | 1000 |IHLP2525CZER8R2M11| 7.2 | 6.7 | 3.0 | 8.2 | 52.3 | 4000 | 5000 | 2000
IHLP2525CZET100M11 | 7.4 | 6.7 | 3.0 | 10 | 71.2 | 3000 | 4000 | 1000 | IHLP2525CZER100M11| 7.2 | 6.7 | 3.0 | 10 | 71.2 | 3500 | 4000 | 2000
IHLP2525CZET220M11 | 7.4 | 6.7 | 3.0 | 22 | 190 | 1900 | 2500 | 1000 | IHLP2525CZER220M11 | 7.2 | 6.7 | 3.0 | 22 | 135 | 2500 | 2900 | 2000
IHLP4040DZETR36M11| 11.3 | 10.3 | 4.0 |0.36| 1.18 |30000(32000{ 500 |[IHLP4040DZERR36M11 | 11.1 | 10.3 | 4.0 {0.36| 1.15|30000|32000| 500
IHLP4040DZETR47M11| 11.3 | 10.3 | 4.0 |0.47| 1.68 |28000(30000| 500 |[IHLP4040DZERR47M11 | 11.1 | 10.3 | 4.0 |0.47| 1.68 |30000|30000| 500
IHLP4040DZETR56M11 | 11.3 | 10.3 | 4.0 |0.56| 1.8 [22000(25000{ 500 |[IHLP4040DZERR56M11 | 11.1 | 10.3 | 4.0 [0.56| 1.8 |22000|32000| 500
IHLP4040DZET1ROM11| 11.3 | 10.3 | 40 | 1 | 3.25 {18000(20000{ 500 |[IHLP4040DZER1ROM11 | 111|103 | 4.0 | 1 | 2.5 |20000{25000| 500
IHLP4040DZET4R7M11| 11.3 | 10.3 | 40 | 47 | 19 | 7600 | 8800 | 500 |[IHLP4040DZER4R7M11 | 11.1 | 10.3 | 4.0 | 4.7 | 14.2 | 7600 | 9500 | 500
IHLP4040DZET6R8M11| 11.3 | 10.3 | 40 | 6.8 | 24.5 | 7200 | 7800 | 500 |IHLP4040DZER6R8M11 | 11.1 | 10.3 | 4.0 | 6.8 | 19.3 | 7500 | 9000 | 500
IHLP4040DZET100M11 | 11.3 | 10.3 | 4.0 | 10 | 30.5| 5500 | 7500 | 500 | IHLP4040DZER100M11 | 11.1 | 10.3 | 4.0 | 10 | 30.5 | 7100 | 7500 | 500
IHLP4040DZET150M11 | 11.3 | 10.3 | 4.0 | 15 | 45 | 4500 | 6250 | 500 | IHLP4040DZER150M11 | 11.1 | 10.3 | 4.0 | 15 | 45 | 6000 | 6250 | 500
IHLP4040DZET220M11 | 11.3 | 10.3 | 4.0 | 22 | 66 | 3800 | 5000 | 500 | IHLP4040DZER220M11 | 11.1 | 103 | 4.0 | 22 | 66 | 4500 | 5000 | 500
IHLP4040DZET330M11 | 11.3 | 10.3 | 4.0 | 33 | 94.5| 3000 | 4400 | 500 | IHLP4040DZER330M11 | 11.1 | 10.3 | 4.0 | 33 | 94.5 | 4000 | 4400 | 500
IHLP4040DZET470M11 | 11.3 | 10.3 | 4.0 | 47 | 145 | 2700 | 3300 | 500 | IHLP4040DZER470M11 | 11.1 | 10.3 | 4.0 | 47 | 145 | 3000 | 3300 | 500
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