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Resistive Products

KEY bEnEfits
•	 A wide range of power ratings (0.25 W to 120 W)

•	 A wide resistance range (0.22 Ω to 500 MΩ)

•	  Low/high temperature performance (- 55 °C to + 175 °C)

•	 Tight tolerance (down to ± 1 %)

•	 Low noise: - 10 dB

•	 Flameproof and fusible options

REsouRcEs
•	 For technical questions on Dale Carbon Film products, contact ff2aresistors@vishay.com

•	 For technical questions on Draloric/BCComponents products,  
contact leadedresistors@vishay.com

This DoCuMenT is suBjeCT To ChAnge WiThouT noTiCe. The PRoDuCTs DesCRiBeD heRein AnD This DoCuMenT ARe suBjeCT To 
sPeCiFiC DisCLAiMeRs, seT FoRTh AT www.vishay.com/doc?91000
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Discrete Semiconductors and Passive Components
One of the World’s Largest Manufacturers of

An overview of  
Vishay carbon film Resistors

http://www.vishay.com/doc?91000
http://www.vishay.com/landingpage/50year/
http://www.vishay.com
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Resistive Products

Product Model Wattage 
Ratings

Resistance  
Range

tcR
ppm/°c tolerance Application

LcA

LCA0207 0.35
1 Ω – 1 MΩ

0.22 Ω – 5.1 MΩ

-200 to - 1200
± 2 %
± 5 %

•	 entertainment
•	 Consumer
•	 industrial
•	 Communications
•	 general purpose
•	  household 

equipment, 
appliances

•	 TV
•	 Video
•	 switches
•	 heating systems

LCA0414 0.6
1 Ω – 1 MΩ

0.22 Ω – 10 MΩ

cbb

CBB0207 0.6 10 R — 1.5 M  - 250 to - 450 ± 2 %

•	 Automotive
•	 Telecom
•	  industrial 

equipment

sPW
sPW236 120

50 Ω standard for 
all, other values 

available on 
special order

± 200 average
± 250 max.

± 2 %,  
± 5 %

•	  TV, radio 
transmission

•	 Dielectric heating
•	 special high power

sPW227 55

sPW210 40

sPW214 10

sPW212 2

This DoCuMenT is suBjeCT To ChAnge WiThouT noTiCe. The PRoDuCTs DesCRiBeD heRein AnD This DoCuMenT ARe suBjeCT To 
sPeCiFiC DisCLAiMeRs, seT FoRTh AT www.vishay.com/doc?91000
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Resistive Products

Product Model Wattage 
Ratings

Resistance  
Range

tcR
ppm/°c tolerance Application

b, t BAeW 0.5 50 KΩ — 500 MΩ

± 20 %,  
± 15%,  
± 10 %,  
± 5 %

•	 general purpose
•	  high power,  

high-voltage 
applications

BAKW 1.0 100 KΩ — 500 MΩ

BBF, BBFW 1.0 50 KΩ — 500 MΩ

BBM, BBMW 2.0 50 KΩ — 500 MΩ

BBR, BBRW 3.0 100 KΩ — 500 MΩ

BBV 5.0 200 KΩ — 500 MΩ

BFQ 4.0 100 KΩ — 500 MΩ

BFT 6.0 200 KΩ — 500 MΩ

BFW 10.0 400 KΩ — 500 MΩ

TAeW 0.5 1 MΩ - 500 MΩ

TAFW 1.0 1 MΩ - 500 MΩ

TAKW 1.5 1 MΩ — 500 MΩ

TAoW 2.0 1 MΩ - 500 MΩ

TAQW 2.5 1 MΩ - 500 MΩ

TARW 3.0 1 MΩ - 500 MΩ

D, G Dju 10.0 50 KΩ — 500 MΩ 

± 20 %,  
± 15%,  
± 10 %,  
± 5 %

•	 general purpose
•	  high power,  

high-voltage 
applications

DPW/DPW..1 20.0 100 KΩ — 500 MΩ

DPX/DPX..1 30.0 100 KΩ — 500 MΩ

DVy/DVy..1 60.0 400 KΩ — 500 MΩ

DZW/DZW..1 35.0 300 KΩ — 500 MΩ

DZZ/DZZ..1 100.0 700 KΩ — 500 MΩ

gju 10.0 1 KΩ — 1 MΩ

gPW/gPW..1 20.0 1 KΩ — 1 MΩ

gPX/gPX..1 30.0 1 KΩ — 1 MΩ

gVy/gVy..1 60.0 1 KΩ — 5 MΩ

gZW/gZW..1 35.0 1 KΩ — 1 MΩ

gZZ/gZZ.. 1 100.0 1 KΩ — 10 MΩ

This DoCuMenT is suBjeCT To ChAnge WiThouT noTiCe. The PRoDuCTs DesCRiBeD heRein AnD This DoCuMenT ARe suBjeCT To 
sPeCiFiC DisCLAiMeRs, seT FoRTh AT www.vishay.com/doc?91000
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Resistive Products

thE AMERicAs

unitED stAtEs
VishAy AMeRiCAs 
one gReenWiCh PLACe 
sheLTon, CT 06484 
uniTeD sTATes 
Ph: +1-402-563-6866 
FAX: +1-402-563-6296

AsiA

sinGAPoRE
VishAy inTeRTeChnoLogy AsiA PTe LTD.
37A TAMPines sTReeT 92 #07-00
singAPoRe 528886 
Ph: +65-6788-6668 
FAX: +65-6788-0988

P.R. chinA
VishAy ChinA Co., LTD.
15D, sun Tong inFoPoRT PLAZA
55 huAi hAi WesT RoAD
shAnghAi 200030 
P.R. ChinA
Ph: +86-21-5258 5000
FAX: +86-21-5258 7979

jAPAn
VishAy jAPAn Co., LTD.
shiBuyA PResTige BLDg. 4F 
3-12-22, shiBuyA 
shiBuyA-Ku 
ToKyo 150-0002 
jAPAn 
Ph: +81-3-5466-7150 
FAX: +81-3-5466-7160

EuRoPE

GERMAnY
VishAy eLeCTRoniC gMBh
DR.-FeLiX-ZAnDMAn-PLATZ 1 
95100 seLB 
geRMAny 
Ph: +49-9287-71-0 
FAX: +49-9287-70435
 
fRAncE
VishAy s.A.
199, BD De LA MADeLeine 
06003 niCe, CeDeX 1  
FRAnCe 
Ph: +33-4-9337-2727 
FAX: +33-4-9337-2726
 
unitED KinGDoM
VishAy LTD.
suiTe 6C, ToWeR house
sT. CATheRine’s CouRT
sunDeRLAnD enTeRPRise PARK
sunDeRLAnD sR5 3Xj 
uniTeD KingDoM
Ph: +44-191-516-8584
FAX: +44-191-549-9556

WoRLDWiDe sALes ConTACTs

This DoCuMenT is suBjeCT To ChAnge WiThouT noTiCe. The PRoDuCTs DesCRiBeD heRein AnD This DoCuMenT ARe suBjeCT To 
sPeCiFiC DisCLAiMeRs, seT FoRTh AT www.vishay.com/doc?91000
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