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Key Benefits
•	 Universal	mount:	drop-in	replacement	for	competitive	product	and	backward-	

compatible	with	Vishay	Milwaukee	EDGF

•	 Continuous	duty	operation	up	to	85	A

•	 Short	term	overload	of	10x	rated	power	for	5	s

•	 Customizable:	EDGU	can	be	mounted	in	Vishay	Milwaukee	supplied	frames	or		
indoor/outdoor	enclosures

APPLiCAtiOns
•	 Locomotives

•	 Wind	turbines

•	 Harmonic	filters

ResOuRCes
•	 Datasheet:	EDGU	-	www.vishay.com/doc?31855	

•	 Material	categorization:	For	definitions	please	see	www.vishay.com/doc?99912

•	 For	technical	questions	contact	vishaymilwaukeeresistor@vishay.com

THiS	DoCUMEnT	iS	SUbjECT	To	CHAnGE	WiTHoUT	noTiCE.	THE	PRoDUCTS	DESCRibED	HEREin	AnD	THiS	DoCUMEnT	ARE	SUbjECT	To	
SPECiFiC	DiSCLAiMERS,	SET	FoRTH	AT	www.vishay.com/doc?91000
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Revision: 06-Feb-14 1 Document Number: 31855
For technical questions, contact: vishaymilwaukeeresistor@vishay.com

THIS DOCUMENT IS SUBJECT TO CHANGE WITHOUT NOTICE. THE PRODUCTS DESCRIBED HEREIN AND THIS DOCUMENT
ARE SUBJECT TO SPECIFIC DISCLAIMERS, SET FORTH AT www.vishay.com/doc?91000

Universal Edgewound Power Resistor (EDGU),
Wirewound Resistors, Industrial Power

FEATURES
• Universal Mount EDGU series are a direct

replacement for competitors’ products
• Resistance-alloy ribbon wire is coiled on edge

and supported on specially designed porcelain
insulators

• Open coil construction allows efficient heat
dissipation and easily accomodates reasonable overloads
and surges

• Insulators provide proper turn-to-turn spacing and 
insulation from support bars

• Terminals are welded to the resistive wire for a reliable
electrical connection

• Wirewound
• Material categorization: For definitions of compliance

please see www.vishay.com/doc?99912

STANDARD ELECTRICAL SPECIFICATIONS

GLOBAL MODEL POWER RATING
(W)

RESISTANCE RANGE
(Ω)

TOLERANCE
 (± %)

0132.1ot350.00040040UGDE
0139.1ot480.00060060UGDE
0146.2ot511.00080080UGDE
0153.3ot641.000010001UGDE
0140.4ot671.000210021UGDE
0137.4ot002.000410041UGDE
0144.5ot732.000610061UGDE

PRODUCT RATINGS - AVAILABLE CURRENT, POWER, AND RESISTANCE VALUES

CURRENT
A

RESISTANCE
(Ω)

 400 W 600 W 800 W 1000 W 1200 W 1400 W 1600 W
85 0.0530 0.0840 0.1150 0.1460 0.1760 0.2000 0.2370
80 0.0600 0.0940 0.1290 0.1630 0.1970 0.2240 0.2650
75 0.0680 0.1060 0.1450 0.1830 0.2210 0.2510 0.2980
70 0.0760 0.1190 0.1620 0.2060 0.2490 0.2820 0.3350
67 0.0850 0.1340 0.1830 0.2320 0.2800 0.3180 0.3770
63 0.0970 0.1510 0.2050 0.2620 0.3150 0.3690 0.4220
60 0.1070 0.1680 0.2300 0.2920 0.3520 0.4130 0.4740
56 0.1220 0.1920 0.2610 0.3320 0.4000 0.4700 0.5400
53 0.1360 0.2150 0.2950 0.3740 0.4580 0.5300 0.6080
50 0.1520 0.2400 0.3280 0.4150 0.5040 0.5900 0.6780
47 0.1720 0.2700 0.3690 0.4660 0.5720 0.6630 0.7600
45 0.1910 0.3000 0.4100 0.5200 0.6270 0.7350 0.8450

41.5 0.2300 0.3480 0.4650 0.5900 0.7000 0.8300 0.9400
40 0.2420 0.3800 0.5200 0.6600 0.7960 0.9300 1.070

37.4 0.2740 0.4300 0.5850 0.7400 0.8970 1.050 1.210
35 0.3120 0.4900 0.6750 0.8500 1.050 1.200 1.380
33 0.3520 0.5500 0.7500 0.9500 1.150 1.340 1.540
31 0.3950 0.6200 0.8450 1.070 1.290 1.520 1.750

29.6 0.4320 0.6850 0.9450 1.200 1.450 1.700 1.950
27.6 0.5000 0.7850 1.070 1.360 1.640 1.920 2.200
26 0.5600 0.8750 1.190 1.510 1.830 2.140 2.450

24.7 0.6280 0.9800 1.340 1.690 2.050 2.400 2.750
23.9 0.6660 1.050 1.420 1.810 2.200 2.570 2.970
22.5 0.7500 1.180 1.610 2.030 2.460 2.900 3.320
22 0.7900 1.240 1.690 2.130 2.580 3.040 3.480

20.7 0.8860 1.390 1.900 2.400 2.910 3.400 3.910
19.6 0.9900 1.560 2.130 2.700 3.260 3.830 4.400
18.5 1.110 1.740 2.370 3.000 3.620 4.250 4.900
17.2 1.230 1.930 2.640 3.350 4.040 4.730 5.440

http://www.vishay.com/doc?91000

