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TO−262:    3−LEAD

MILLIMETERS* INCHES

Dim Min Max Min Max
A 4.32 4.70 0.170 0.185

b 0.64 1.00 0.025 0.039

b(1) 1.14 1.40 0.045 0.055

c 0.36 0.50 0.014 0.020

D 8.64 9.65 0.340 0.380

D1 5.59 6.10 0.220 0.240

e 2.41 2.67 0.095 0.105

e(1) 4.95 5.33 0.195 0.210

E 10.03 10.41 0.395 0.410

E1 7.87 8.64 0.310 0.340

E2 9.02 9.53 0.355 0.375

F 1.14 1.40 0.045 0.055

J1 2.41 2.79 0.095 0.110

L 13.08 14.22 0.515 0.560

L1 - 3.81 - 0.150

L2 1.02 1.40 0.040 0.055

ECN: T-02234—Rev. C, 14-Oct-02
DWG:  5855

*Use millimeters as the primary measurement


